EC2080

Ethernet connection cable
R360/PDM360/CROSS-CABLE
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Application
Design Ethernet cable
Application Industrial applications; Cross-over patch cable; Patch cable
Operating conditions
Ambient temperature [°C] -25...80
Protection IP 20
Mechanical data
Weight [a] 70.8
Material PUR
Molded-body material PUR
Pack quantity 1 pcs.

Electrical connection

Cable: 2 m, PVC, grey, @ 6 mm

Electrical connection - plug

Connector: 2 x RJ45, straight; Contacts: 8; Moulded body: PUR
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