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PROFINET AL4202 AL4203
olH=t/IP AL4222 AL4223
Modbus TCP AL4242 AL4243

PerformancelLine

PROFINET AL4302 AL4303
olgu/Ip AL4322 AL4323
Modbus TCP AL4342 AL4343
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