E74800

Glass fibre optics
Fiber optical cable 20m OM2 PUR ST plug

phase-out article

Alternative articles: E74802
When selecting an alternative article and accessories please note that technical data may differ!

Operating conditions

Ambient temperature [°C] -40...80
Mechanical data

Weight [a] 570
Total length [mm] 20000
Min. bending radius [mm] 77
Fibre arrangement )
Core diameter [mm] 0.05

ifm electronic gmbh « FriedrichstraRe 1 » 45128 Essen — We reserve the right to make technical alterations without prior notice. — EN-GB — E74800-00 — £



E74800

Glass fibre optics
Fiber optical cable 20m OM2 PUR ST plug

Fibre diameter [mm] 2x0.05
External diameter [mm] 6

Fibre material glass

Fibre sheath material PU
Accessories

Items supplied plug: 4 x ST, wired
Remarks form supplied: coiled
Pack quantity 1 pcs.
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