E38395

Welding thermowell for temperature sensors
THERMOWELL, D3/WELD-IN/EL=85
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Application
Design for temperature sensors EL = 83 mm
Pressure rating 160 bar 16 MPa
Mechanical data
Weight [a] 57.65
Material stainless steel (1.4435/ 316L)
Sensor connection G 3/8 Internal thread @ 3 mm
Process connection Welding adapter @ 12 mm electropolished
Sutace o Ral Ra <030 um
Installation length EL [mm] 70
Bore length BL [mm] 83

Pack quantity 1 pcs.
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