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Electrical data
Operating voltage [V]  8...32 DC

Current consumption [mA]  < 6

Inputs / outputs
Total number of inputs and
outputs

 
1

Number of inputs and outputs  Number of digital outputs: 1

Outputs
Number of digital outputs  1

Interfaces
Number of CAN interfaces  1

Operating conditions
Storage temperature [°C]  -40...85

Protection  IP 20

Mechanical data
Weight [g]  47.9

Housing  rectangular

Dimensions [mm]  30 x 30 x 40

Material  housing: plastics

Remarks
Pack quantity  1 pcs.


