AC1145

AS-Interface diagnosis and analysis tool
eAS-i Tester

AN 29

L1 leeeelee |

138

ce 25

Application

Application Local diagnosis of the AS-i network; Creation of test reports
for AS-i networks; Diagnosis and analysis tool for AS-i

Electrical data

Undervoltage monitor yes

Operating conditions
Ambient temperature [°C] 0..55
Storage temperature [°C] -25...70

Tests | approvals
EMC EN 50081-2
EN 61000-6-2
MTTF [years] 280

AS-i classification

AS-i version 2.1

Mechanical data

Weight [¢]] 346
Housing rectangular
Dimensions [mm] 138 x 91 x 29
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AC1145

AS-Interface diagnosis and analysis tool
eAS-i Tester

Accessories
Items supplied D-Sub data cable
software on CD

Pack quantity 1 pcs.
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