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1 TNC socket

  

Electrical data
Operating frequency [MHz]  865...928

Antenna connections  1;  (TNC socket)

Antenna gain [dB]  -30

Impedance [Ω]  50

Operating conditions
Ambient temperature [°C]  -20...55

Storage temperature [°C]  -40...85

Protection  IP 67

Mechanical data
Weight [g]  227

Housing  rectangular

Dimensions [mm]  63 x 28 x 90

Materials  housing: plastics; TNC socket: brass / PTFE

Remarks
Pack quantity  1 pcs.


