SEAL RG FFKM G1/2 -40...250°C
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Application
Design for types LMH6xx
Medium temperature [°C] -40...250
Tests | approvals
Standard DIN EN ISO 1179-2
Mechanical data
Weight [0] 1.95
Inside diameter [mm] 18.5
Outer diameter [mm] 23.9
Material FFKM
Pack quantity 1 pcs.
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