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Programmable Human Machine Interface
R360/PDM NG/DialogDisplay/C
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Product characteristics

Operating elements 8 freely programmable backlit function keys
Display type Color display

Operating voltage V] 10..32 DC

Power consumption [wW] 7.2

Inputs / outputs
Number of inputs and outputs Number of digital inputs: 1; Number of analog inputs: 1; Number of digital outputs: 1

Number of digital inputs 1
Number of analog inputs 1
Analog input (current) [mA] 0...20
Analog input (voltage) [Vl 0...32

Number of digital outputs 1

Software |/ programming

PLC function to IEC 61131-3 yes
Number of CAN interfaces 4
Number of Ethernet

. 1
interfaces

Number of USB interfaces 2
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Number of video interfaces

(CvBS) 2

Mechanical data

Weight [a] 1617.5

Housing rectangular

Type of mounting panel/surf.
Dimensions [mm] 157 x 192 x 53.6
Displays / operating elements

Display 7" Color display
Operating elements 8 freely programmable backlit function keys
Display resolution 800 x 480

Display type Color display

Display size 7"

Dy b

Data memory

Real-time clock yes

Pack quantity 1 pcs.

Electrical connection

Connector: 1 x M12
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